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= CIMR.DU | THREE-PHASE | CAPACITY | o (Fc=4kHz)
(VAC) (kW) INT [EXT | TOT
] 0.23 19.69 0.17 2A0130AXX 200/240 130 187 (85) | 776 |1918|2694
[5.9] [500] [4.4] 4A0130AXX 380/480 130 187 (85) | 695 |1969 |2664
4A0185AXX 185 187 (85) | 997 2864|3861
! NOTE: INT=INTERNAL COMPONENTS
OPTIONAL CAPACITOR COVER XX DENOTES AA-ZZ EXT=EXTERNAL HEATSINK
WHEN USING AN EXTERNAL MOUNT HEATSINK, UL TOT=TOTAL
COMPLIANCE REQUIRES COVERING EXPOSED
— CAPACITORS IN THE MAIN CIRCUIT TO PREVENT
INJURY. CONSULT MANUAL FOR DETAILS.
FOR ADDITIONAL DETAILS AND SPECIFICATIONS, CONSULT MANUAL
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TERMINAL AND WIRING DETAILS (SCALE 1:8)
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MODEL # TERMINAL TERMINAL| CLAMPING TORQUE
H 0.38 | 04 CIMR-DU SYMBOL SCREW Ib.in.(N.m.)
[9.7] DETAIL A (10.2]
- RIL1, g/Lé’ s, M12 283 TO 354 (32 TO 40)
2A0130A ;
_ 4A0185A SN2 AR ] M4 9.7T010.6 (1.1 TO1.2)
) M12 283 TO 354 (32 TO 40)
RIL1, g/Lé’ s, M10 159 TO 204 18 TO 23)
I 3
A4AOT30A /AN, 50, 1083 M4 9.7 TO 10.6 (1.1 TO 1.2)
)] M10 159 TO 204 18 TO 23)
_ NOTE: REFER TO APPLICABLE CODES FOR PROPER WIRE TYPE AND SIZE
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MINIMUM INSTALLATION CLEARANCES (SCALE 1:12)
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