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MODEL # | 1 \oEE pHASE |CURRENT (A)| WEIGHT P\ (Fe=2kHz) | HD (Fo=8kHz)
CIMR-VU LBS (Kg)
(VAC) ND | HD INT [EXT | TOT| INT | EXT | TOT
2A0020BXX|  208/240 196 | 175 | 53(24) |46.3|98.7 [145.0[43.3 11051538
o2 5 51 4A0011BXX|  380/480 111 | 92 | 5.3(24) |46.0[81.7 1277|415 [107.2[1487
(5.0] ' NOTE: INT=INTERNAL COMPONENTS
[140.0] XX DENOTES AA-ZZ EXT=EXTERNAL HEATSINK

TOT=TOTAL
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A
TERMINAL AND WIRING DETAILS (SCALE 1:3)
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G
TERMINAL AND WIRE SPECIFICATIONS FOR
MAIN CIRCUIT AND GROUND
MODEL # |TERMINAL| CLAMPING TORQUE WIRE RANGE
CIMR-VU| SCREW Ib.in.(N.m.) AWG(mn)
H 2A0020B M4 10.6 TO 13.3 (1.2 TO 1.5) [22-10 (0.33-5.5)
4A0011B | M4 10.6 TO 13.3 (1.2 TO 1.5) |22-10 (0.33-5.5)
NOTE: RATINGS APPLY TO BOTH FACTORY AND FIELD WIRING
REFER TO APPLICABLE CODES FOR PROPER WIRE TYPE AND SIZE
I
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MINIMUM INSTALLATION CLEARANCES (SCALE 1:4)
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PANEL CUTOUT FOR EXTERNAL HEATSINK
MOUNTING CONFIGURATION (SCALE 1:4)
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