(2) COOLING FANS

TOP PROTECTIVE COVER

(4)-MOUNTING

NOTE:

PROTECTIVE COVERS ARE FACTORY INSTALLED TO THE
TOP AND BOTTOM OF THE DRIVE TO MEET IP20 & NEMA
TYPE 1 REQUIREMENTS, RESULTING IN AN AMBIENT
TEMPERATURE RATING OF 104F(40C). REMOVE THESE
COVERS WHEN OPERATING THE DRIVE WITHIN A PANEL
TO OBTAIN THE MAXIMUM SURROUNDING AIR
TEMPERATURE RATING OF 122F(50C). REMOVING THESE
COVERS RESULTS IN AN ENCLOSURE RATING OF IP0O0.
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TERMINAL AND WIRING DETAILS (SCALE 1:3)
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TERMINAL AND WIRE SPECIFICATIONS FOR
MAIN CIRCUIT AND GROUND
MODEL # TERMINAL TERMINAL| CLAMPING TORQUE | WIRE RANGE
CIMR-VU SYMBOL SCREW Ib.in.(N.m.) AWG(mm?)
R/L1, S/L2, T/L3, O, ®1,&2, M8 79.7TO97.4 (9 TO 11) | 10-2 (5.5-38)
AOOBOF UIT1, VIT2, WIT3
B1, B2 M5 17.7 TO 22.1 (2 TO 2.5) 8-6 (8-14)
@ M6 35.4 TO 53.1 (4 TO 6) 8-4 (8-22)

NOTE: RATINGS APPLY TO BOTH FACTORY AND FIELD WIRING
REFER TO APPLICABLE CODES FOR PROPER WIRE TYPE AND SIZE
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MINIMUM INSTALLATION CLEARANCES (SCALE 1:6)
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PANEL CUTOUT FOR EXTERNAL HEATSINK
MOUNTING CONFIGURATION (SCALE 1:6)
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